LAMBDAA
ZWS' P F-SER' ES Single output 75W ~ 150W DENSEI-LAMBDA

B Model name

ZWS 100PF-5/

Series Name ‘ Passive Output
Filter Voltage
Qutput  contained Option
Watlage blank: Melex connector, PCB i
(JST connector for 120PFF)

A: Molex connactor, with-cover type
S.JST connector for 120PPF)

J: JBT connector, PGB type

JA: JST connector, with-caver type

M Features
® € marking {Low Voltage Directive)
® Passive Filter contained, PFHC type
® Applicable to peak output wattage 120%
{200% for ZWS120PPF)
5 @ Low Cost!!
S i 2 Sy # @ Equipped with output variable voltage
B Specifications
“TIRBULVOHtag8 Fangs

2. Output Voltage rang
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1170-2B5VAC (47-63Hz)auto-selectable™

4. Operating ambient -10°C~+50°C:100%, +60°C:60%
temperature ZWS120PPF 10°C~+50°C:100%, +60°C:70%
{Standard mounting) ; :

ZWS150PF Convection cooling -10°C~+30°C:100%,+40°C:80%,+60°C:50%
Forced air cooling -10°C~+50°C:100%,+60°C:70% (0.7m/S)
" iinput-output : 3RVAC (20MA):, Tnpit-e KVAC (20mA} . Output-chas:
Approved by UL1950 Y , CSAS50(C-UL) SAY , EN60S50(TUV) A

5. Withstand Voltag;

O0VAC (100mA) for

€o oltage
Meets to EN55011-B,EN55022-B,FCC-B,VCCI-B
Lo mmuniy. T I Mests fo ENSUOSZI2(ENBT000-42 58, 475,56) . .. - .. iR
10. PFHC Meets to EN61000-3-2 ZWST75PF ZWS100PF(Input power: over S0W)

ZWS120PPF,ZWS150PF(Input power: over75W)
irrént protection

M Product lineup Note 1
Nominal Max, Max. peak output (Max. output power
Modef narme output voltage output current current UL CSA EN
s BT e - —
3 3V
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ZWS100PF-5

ZWS100PF-12
ZWS100PF ZW3S100PF-15
ZWS100PF-24
ZWS100PF-36
ZWS100PF-48
O ZWST20PPEi24
- ZWSTIOPPF-38"
ZWS150PF-3
ZWS150PF-5
ZWS150PF-12
ZWS150PF ZWS150PF-15
ZWS150PF-24
ZWS150PF-36 .
ZWS150PF-48 48V 3.2A
Nate1 : Duration at peak current 10 seconds ma.(Duty : .35 max.)

®Based on the data under normal instaflation and without cover type. Needs oulput derating
according to installation method or ambient temperature condition.
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: Safety standard approved
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ZWS-PF-series

LAMBDAA

DENSEI-LAMBDA

M ZWS75PF (STD Model:MOLEX connector) |
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l ZWS75PF (JJA Type : With-cover Type JST connecter)
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LAMBDAA

DENSEI-LAMBDA
ZWS-PF-series
B ZWS100PF (/J Type: JST connecter)
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B inm
Lreta) COMPONENT SIDE
~ln CN1
j & E F°“> E 5-¢3.5
® rJ :]NF'UT ™~ .
Pl N
35:% 5 NAME PLATE B2+0.5 ' @
. S ig1.2 )
o {Unit: mm)

M ZWS100PF (/JA Type : With-cover Type JST connecter)
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ZWS-PF-SERlEs

LAMBDAA

DENSEI-LAMBDA

B ZWS150PF (STD Model:MOLEX connector)
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Bl ZWS150PF (/JA Type : With-cover Type JST connecter)
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